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Silicon Power Transistor
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NEC 2S5B1432
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TOTAL POWER DISSIPATION vs. CASE DERATING CURVE OF SAFE OPERATING AREA
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NEC 2S5B1432

COLLECTOR AND BASE SATURATION

DC CURRENT GAIN vs. COLLECTOR CURRENT VOLTAGE vs. COLLECTOR CURRENT
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Isolated TO-220 (MP-45F)
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