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LENESANS
RD74LVCO00B

Quad. 2-input NAND Gates

RJJ03D0259-0100Z

Rev.1.00
2004.05.12
RD74LVC00B 14 4 2 NAND
( PC )

e V=165V 55V
° Vi (Max.) =55V ( Vec=0V 55V)
o “ L” (Typ. )<08V ( V=33V, Ta=25 )
o “H” (Typ. )>20V ( V=33V, Ta=25 )
° +4mA( Vec=165V)

+ 8mA( VCC=2.3V)

+ 12mA( VCC=2.7V)

+24mA( V=30V 55V)
[ ]

C )
RD74LVCOOBFPEL SOP-14 (JEITA) | FP-14DAV FP EL(2,000 / )
RD74LVCOOBTELL TSSOP-14 TTP-14DV T ELL(2,000 / )
Inputs

A B Output Y

L L H

L H H

H L H

H H L
H High
L Low
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RD74LVC00B

1A [1]

2B [5]
2v [ 6]

_/
1B |2 E4B
1Y |3 EI“A
2A E% 11] 4y

14] Vee

10] 3B

9|3A

GND|7 8] 3y
(LmEM)
Vee -0.5 7.0 V
lik -50 mA Vi=-05V
v 05 7.0 v
lok -50 mA Vo=-05V
50 Vo =Vcc +0.5V
Vo -0.5 Vce +0.5 V
lo + 50 mA
Vce,GND lcc or lenp 100 mA
Teg -65 150 °C
)
Vee 15 5.5 Vv
1.65 5.5
Vi 0 5.5 \% A B
Vo 0 Vce Y
Ta -40 85 °C
lon -4 mA Vec=1.65V
-8 Vec =23V
-12 Vec =27V
-24 Vec=3.0V 55V
loL 4 Vec=1.65V
8 Vec =23V
12 Vec =27V
24 Vec=3.0V 55V
/ N b t 20 nsV. |Vec=165V 27V
10 Vec=3.0V 55V
) 1. 1 ,
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RD74LVC00B

DC
Ta =-40 85°C
Vee (V) Min Max
Vin 1.65 1.95 | Vcex0.65 — \%
2.3 2.7 1.7 —
2.7 3.6 2.0 —
4.5 55 Veex0.7 —
V. |165 195 — Veex0.35
2.3 2.7 — 0.7
2.7 3.6 — 0.8
4.5 55 — Veex0.3
Vou | 165 55 | Vce0.2 — \% lon = —100 pA
1.65 1.2 — lon = =4 mA
2.3 1.7 — lon ==-8 mA
2.7 2.2 —_ lon = =12 mA
3.0 2.4 —
3.0 2.2 — lon = =24 mA
4.5 3.8 —
Voo | 1.65 55 — 0.2 loL = 100 A
1.65 — 0.45 loL =4 mA
2.3 — 0.7 lo.=8mA
2.7 — 0.4 loo =12 mA
3.0 —_ 0.55 loL =24 mA
4.5 — 0.55
I 0 55 — +5.0 MA  |Vin=5.5Vor GND
lcc 2.7 3.6 — 5.0 A  |ViN=3.6V 55V
2.7 55 — 5.0 Vin = Ve or GND
Alce 2.7 3.6 — 500 MA Vin = one input at (Vcc—0.6) V,
other inputs at Vcc or GND
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RD74LVC00B

Ta=-40 85°C From To
Vee (V) Min Typ Max ( ) (
teLH 1.8+0.15 1.0 — 12.5 ns |AorB Y
trHL 2.5+0.2 1.0 — 6.4
2.7 1.0 — 51
3.320.3 1.0 — 4.3
5.0£0.5 1.0 — 3.6
* tosth | 1.840.15 — — — ns
tosHL 2.5+0.2 — — —
2.7 — — —
3.320.3 — — 1.0
5.0+£0.5 — — 1.0
Ci 33 — 5.0 — pF
) 1 )
tostH = |tpLHm — teLHn|, tosHL = [tpHLm — tPHLN|
Ta =25°C
Vee (V) Min Typ Max
Cep 1.8 — 10 — pF f=10 MHz
2.5 — 12 —
3.3 — 12 —
5.0 — 15 —
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RD74LVvVC00B

AA Vee Vee

INLRAFEAESS
Zout =50Q 7
out A R|_
CLl
) 1. C, ,
ViH
o,
AB AorB 90 %
[s)
10% GND
Von
HA Y
VoL
INPUTS
Vcee (V) VIH tr/tf Vref CL RL
Vec=1.840.15V | Vcc | <2ns |1/2Vcc| 30 pF | 1.0 kQ
Vce =2.5+0.2V Vcc | <2ns |1/2Vcc| 30 pF | 500 Q
Vecec =27V 27V |£25ns| 1.5V | 50 pF | 500 Q
Vec=3.3+03V | 27V |£25ns| 1.5V | 50 pF | 500 Q
Vce =5.0+0.5V Vec |<2.5ns|1/2Vce| 50 pF | 500 Q
) 1. PRR = 10MHz, duty cycle 50%
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RD74LVC0O0B

As of January, 2003

Unit: mm
10.06
10.5 Max
14/ nnnnnnn! 8 @
O
D ¥
O
1 gouuoon 7
x Te} .
s = 7.802838
1.42 Max 8 2 1.15
N N
] =) — +
3y o oo
— 0 -8
g oroz0z20)| |
o‘ . - .
+
o
*0.40 + 0.06 pa
[ 0.15
D012 W
Package Code FP-14DAV
JEDEC —
*Ni/Pd/Au plating JEITA Conforms
Mass (reference value) 0.23¢g

*Ni/Pd/Au plating

le—

6.40 +0.20

As of January, 2003

Unit: mm

—

*0.15 £ 0.05

0.07288% M

%o"—s"

0.50+0.10 |

Package Code TTP-14DV
JEDEC —

JEITA —

Mass (reference value) 0.05¢g
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