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外形図

Renesasコ ー ド

Outline drawing 

PWQN0024KG-A ルネサスエレクトロニクス株式会社
Renesas日ectronics Corporation

JEITA Package Code RENESAS Code MASS (Typ.) [g] 
P-HWQFN24-4 x 4-0. 50 PWQN0024KG-A 0.04 
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Reference Dimension in Mi 11 imeters 
Symbol 

Min. Norn. Max. 

A 0. 80
A1 0.00 0.02 0.05 

A3 0. 203 REF.

b 0. 18 0. 25 0. 30

D 4.00 BSC 

E 4.00 BSC 

e 0.50 BSC 

L 0.35 0.40 0.45 

K 0.20 

D2 2. 65 2. 70 2. 75

E2 2. 65 2. 70 2. 75

aaa 0. 15

bbb 0. 10

CCC 0. 10

ddd 0.05

eee 0.08

fff 0. 10


